
ADA4077-1/ADA4077-2/ADA4077-4 DATA SHEET SPECIFICATION CHANGES 

 
From: REV C DATA SHEET       

       

Table 2.       

Parameter Symbol Test Conditions/Comments Min Typ Max Unit 

INPUT CHARACTERISTICS          

Common-Mode Rejection Ratio CMRR VCM = −3.8 V to +3 V 122 140   dB 

    −40°C < TA < +125°C 120     dB 

OUTPUT CHARACTERISTICS          

Output Voltage High VOH IL = 1 mA 4.1    V 

   −40°C < TA < +125°C 4    V 

Output Voltage Low VOL IL = 1 mA    -3.5 V 

    −40°C < TA < +125°C     -3.2 V 

       

To: REV D DATA SHEET       

       

Table 2.       

Parameter Symbol Test Conditions/Comments Min Typ Max Unit 

INPUT CHARACTERISTICS          

Common-Mode Rejection Ratio CMRR VCM = −3.8 V to +3 V 122 140  dB 

   VCM = −3.8 V to +3 V, −40°C < TA < +85°C 120   dB 

    VCM = −3.8 V to +2.8 V, 85°C < TA < +125°C 120     dB 

OUTPUT CHARACTERISTICS          

Output Voltage High VOH IL = 1 mA 3.8    V 

   −40°C < TA < +125°C 3.7    V 

Output Voltage Low VOL IL = 1 mA   -3.8 V 

    −40°C < TA < +125°C     -3.7 V 

 



ADA4077-1/ADA4077-2/ADA4077-4 DATA SHEET SPECIFICATION CHANGES 

 
From: REV C DATA SHEET       

       

Table 3.       

Parameter Symbol Test Conditions/Comments Min Typ Max Unit 

OUTPUT CHARACTERISTICS          

Output Voltage High VOH IL = 1 mA 14.1    V 

   −40°C < TA < +125°C 14    V 

Output Voltage Low VOL IL = 1 mA   -13.5 V 

    −40°C < TA < +125°C     -13.2 V 

       

To: REV D DATA SHEET       

       

Table 3.       

Parameter Symbol Test Conditions/Comments Min Typ Max Unit 

OUTPUT CHARACTERISTICS          

Output Voltage High VOH IL = 1 mA 13.8    V 

   −40°C < TA < +125°C 13.7    V 

Output Voltage Low VOL IL = 1 mA   -13.8 V 

    −40°C < TA < +125°C     -13.7 V 

 


