
TITLE: Bill of Materials
DATE: 12/05/2019
DESIGN: max14917_evkit_a
VARIANT:dni

NOTE: DNI--> DO NOT INSTALL(PACKOUT) ; DNP--> DO NOT PROCURE

ITEM REF_DES DNI/DNP QTY MFG PART # MANUFACTURERVALUE
1 C1 - 1 C3225X7S1H106K250AB;CGA6P3X7S1H106K250AB;GCM32EC71H106KTDK;TDK;MURATA10UF
2 C2, C6 - 2 GMK212B7105KG;GRM219R7YA105KA12TAIYO YUDEN;MURATA1.0UF
3 C3 - 1 CGA4J1X7S1C106K125; GCM21BC71C106KE35TDK;MURATA10UF
4 C4, C5 - 2 CC0603KRX7R0BB104;GRM188R72A104KA35;GCJ188R72A104KA01;HMK107B7104KA;06031C104KAT2A;GRM188R72A104KYAGEO;MURATA;MURATA;TAIYO YUDEN;AVX;MURATA0.1UF
5 C7-C14 - 8 CGA3EANP02A103J080ACTDK 0.01UF
6 D1 - 1 SMBJ36A-E3 VISHAY GENERAL SEMICONDUCTOR36V
7 DS1-DS8 - 8 LGL29K-G2J1-24-ZOSRAM LGL29K-G2J1-24-Z
8 DS9 - 1 LTST-C171GKTLITE-ON ELECTRONICS INC.LTST-C171GKT
9 DS10-DS19 - 10 LS L29K-G1J2-1-ZOSRAM LS L29K-G1J2-1-Z

10 J1, J2 - 2 3267 POMONA ELECTRONICS3267
11 J4, J7, J8 - 3 PCC02SAAN SULLINS PCC02SAAN
12 J5 - 1 68021-220HLFAMPHENOL ICC68021-220HLF
13 J6 - 1 PBC08DAAN SULLINS ELECTRONICS CORP.PBC08DAAN
14 J9, J10 - 2 OSTTE080104ON-SHORE TECHNOLOGY INC.OSTTE080104
15 R1, R5 - 2 CRCW060310K0FK;ERJ-3EKF1002VISHAY DALE;PANASONIC10K
16 R3, R4, R15, R17, R18- 5 CRCW06031K00FK;ERJ-3EKF1001VISHAY DALE;PANASONIC1K
17 R6 - 1 ERJ-3EKF28R0PANASONIC 28
18 R11, R12, R14, R16- 4 CRCW06035K60FKVISHAY DALE5.6K
19 R13 - 1 CRCW060324K9FK;ERJ-3EKF2492VISHAY DALE;PANASONIC24.9K
20 SPACER1-SPACER4- 4 9032 KEYSTONE 9032
21 SU2 - 1 S1100-B;SX1100-B;STC02SYANKYCON;KYCON;SULLINS ELECTRONICS CORP.SX1100-B
22 TP1 - 1 5010 KEYSTONE N/A
23 TP2, TP7, TP12, TP21-TP23- 6 5011 KEYSTONE N/A
24 TP4-TP6, TP8- 4 5004 KEYSTONE N/A
25 TP9-TP11 - 3 5005 KEYSTONE N/A
26 TP13-TP20 - 8 5013 KEYSTONE N/A
27 U1 - 1 MAX14917AFM+MAXIM MAX14917AFM+
28 PCB - 1 MAX14917 MAXIM PCB
29 SU3, SU5 DNI 2 S1100-B;SX1100-B;STC02SYANKYCON;KYCON;SULLINS ELECTRONICS CORP.SX1100-B
30 R7-R10, R19-R22DNP 0 CRCW0603499KFK;ERJ-3EKF4993VISHAY DALE;PANASONIC499K

TOTAL 87



DESCRIPTIONCOMMENTS
CAPACITOR; SMT (1210); CERAMIC CHIP; 10UF; 50V; TOL=10%; TG=-55 DEGC TO +125 DEGC; TC=X7S 
CAPACITOR; SMT (0805); CERAMIC; 1UF; 35V; TOL=10%; MODEL=GMK SERIES; TG=-55 DEGC TO +125 DEGC; TC=X7R 
CAPACITOR; SMT (0805); CERAMIC CHIP; 10UF; 16V; TOL=10%; TG=-55 DEGC TO +125 DEGC; TC=X7S; AUTO 
CAPACITOR; SMT (0603); CERAMIC CHIP; 0.1UF; 100V; TOL=10%; TG=-55 DEGC TO +125 DEGC; TC=X7R 
CAPACITOR; SMT (0603); CERAMIC CHIP; 0.01UF; 100V; TOL=5%; MODEL=MULTILAYER CERAMIC CHIP CAPACITOR; TC=NPO 
DIODE; TVS; SMB (DO-214AA); VRM=36V; IPP=10.3A 
DIODE; LED; SMARTLED; GREEN; SMT; PIV=1.7V; IF=0.02A 
DIODE; LED; STANDARD; GREEN; SMT (0805); PIV=5.0V; IF=0.12A; -55 DEGC TO +85 DEGC 
DIODE; LED; SMART; RED; SMT (0603); PIV=1.8V; IF=0.02A; -40 DEGC TO +100 DEGC 
CONNECTOR; MALE; PANELMOUNT; STANDARD UNINSULATED BANANA JACK; STRAIGHT; 1PIN 
CONNECTOR; MALE; THROUGH HOLE; BREAKAWAY; STRAIGHT THROUGH; 2PINS; -65 DEGC TO +125 DEGC 
EVKIT PART-CONNECTOR; MALE; THROUGH HOLE; BERGSTIK II BREAKAWAY HEADER; RIGHT ANGLE; 20PINS;  
CONNECTOR; MALE; THROUGH HOLE; BREAKAWAY; STRAIGHT; 16PINS; -65 DEGC TO +125 DEGC 
CONNECTOR; MALE; THROUGH HOLE; TERMINAL BLOCKS-WIRE TO BOARD; STRAIGHT; 8PINS 
RESISTOR; 0603; 10K; 1%; 100PPM; 0.10W; THICK FILM 
RESISTOR; 0603; 1K; 1%; 100PPM; 0.10W; THICK FILM 
RESISTOR; 0603; 28 OHM; 1%; 100PPM; 0.10W; THICK FILM 
RESISTOR, 0603, 5.6K OHM, 1%, 100PPM, 0.10W, THICK FILM 
RESISTOR; 0603; 24.9K OHM; 1%; 100PPM; 0.10W; THICK FILM 
MACHINE FABRICATED; ROUND-THRU HOLE SPACER; NO THREAD; M3.5; 5/8IN; NYLON 
TEST POINT; JUMPER; STR; TOTAL LENGTH=0.24IN; BLACK; INSULATION=PBT;PHOSPHOR BRONZE CONTACT=GOLD PLATED 
TEST POINT; PIN DIA=0.125IN; TOTAL LENGTH=0.445IN; BOARD HOLE=0.063IN; RED; PHOSPHOR BRONZE WIRE SIL;  
TEST POINT; PIN DIA=0.125IN; TOTAL LENGTH=0.445IN; BOARD HOLE=0.063IN; BLACK; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
TEST POINT; PIN DIA=0.1IN; TOTAL LENGTH=0.3IN; BOARD HOLE=0.04IN; YELLOW; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
TEST POINT; PIN DIA=0.125IN; TOTAL LENGTH=0.35IN; BOARD HOLE=0.063IN; RED; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
TEST POINT; PIN DIA=0.125IN; TOTAL LENGTH=0.445IN; BOARD HOLE=0.063IN; ORANGE; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
EVKIT PART - IC; SWTC; SPI CONTROLLED OCTAL HIGH-SIDE SWITCH;  
PCB:MAX14917-
TEST POINT; JUMPER; STR; TOTAL LENGTH=0.24IN; BLACK; INSULATION=PBT;PHOSPHOR BRONZE CONTACT=GOLD PLATED
RESISTOR; 0603; 499K OHM; 1%; 100PPM; 0.1W; THICK FILM 



TEST POINT; JUMPER; STR; TOTAL LENGTH=0.24IN; BLACK; INSULATION=PBT;PHOSPHOR BRONZE CONTACT=GOLD PLATED


