
TITLE: Bill of Materials
DATE: 09/25/2020
DESIGN: max16137_evkit_b
VARIANT:dni

NOTE: DNI--> DO NOT INSTALL(PACKOUT) ; DNP--> DO NOT PROCURE

ITEM REF_DES DNI/DNP QTY MFG PART # MANUFACTURERVALUE
1 BIST, CLR/BIST, OV, RST, TP1-TP3- 7 20-2137 VERO TECHNOLOGIESN/A
2 C1 - 1 885012206071;CGJ3E2X7R1E104K080AA;C1608X7R1E104K080AA;C0603C104K3RAC;GRM188R71E104KA01;C1608X7R1E104K;06033C104KAT2A;CGA3E2X7R1E104K080AAWURTH ELECTRONICS INC;TDK;TDK;KEMET;AVX;TDK0.1UF
3 J1 - 1 PEC03SAAN SULLINS PEC03SAAN
4 PB - 1 EVQ-Q2K03WPANASONIC EVQ-Q2K03W
5 R1-R3 - 3 CRCW060310K0JN;ERJ-3GEYJ103VISHAY DALE;PANASONIC10K
6 U1 - 1 MAX16137 MAXIM MAX16137
7 PCB - 1 MAX16137 MAXIM PCB
8 C2 DNP 0 885012206071;CGJ3E2X7R1E104K080AA;C1608X7R1E104K080AA;C0603C104K3RAC;GRM188R71E104KA01;C1608X7R1E104K;06033C104KAT2A;CGA3E2X7R1E104K080AAWURTH ELECTRONICS INC;TDK;TDK;KEMET;AVX;TDK0.1UF

TOTAL 15



DESCRIPTIONCOMMENTS
TEST POINT; PIN DIA=1.65MM; TOTAL LENGTH=7.5MM; BOARD HOLE=1.02; BLACK; PHOSPHOR BRONZE WIRE;  
CAP; SMT (0603); 0.1UF; 10%; 25V; X7R; CERAMIC 
CONNECTOR; MALE; THROUGH HOLE; BREAKAWAY; STRAIGHT; 3PINS 
SWITCH; SPST; SMT; 15V; 0.02A; LIGHT TOUCH SWITCH; RCOIL= OHM; RINSULATION= OHM; PANASONIC 
RES; SMT (0603); 10K; 5%; +/-200PPM/DEGK; 0.1000W 
EVKIT PART - IC; MAX16137; CS21; PACKAGE OUTLINE: 21-100341; PACKAGE LAND PATTERN: 90-100117; PACKAGE CODE: T822CY-2 
PCB:MAX16137-
CAP; SMT (0603); 0.1UF; 10%; 25V; X7R; CERAMIC 


