
TITLE: Bill of Materials
DATE: 06/17/2020
DESIGN: max16171_evkit_a
VARIANT:open

NOTE: DNI--> DO NOT INSTALL(PACKOUT) ; DNP--> DO NOT PROCURE

ITEM REF_DES DNI/DNP QTY MFG PART # MANUFACTURERVALUE
1 C1, C3 - 2 C1206C104K1RAC;C3216X7R2A104K160AA;GRM319R72A104KA01KEMET;TDK;MURATA0.1UF
2 C2 - 1 GCM31CL8EL225KE07MURATA 2.2UF
3 C4 - 1 MAL214699706E3VISHAY 100UF
4 GATE - 1 5012 KEYSTONE N/A
5 ICGND, IN, OUT, PWRGND, PWRGND1- 5 9020 BUSS WEICO WIREMAXIMPAD
6 IN1, OUT1, PGND, TP2- 4 108-0740-001EMERSON NETWORK POWER108-0740-001
7 J1 - 1 PCC03SAAN SULLINS PCC03SAAN
8 MH1-MH4 - 4 9032 KEYSTONE 9032
9 Q1 - 1 SQM70060EL_GE3VISHAY SQM70060EL_GE3

10 U1 - 1 MAX16171 MAXIM MAX16171
11 PCB - 1 MAX16171 MAXIM PCB
12 D1 DNP 0 SLD8S36A LITTELFUSE 36V
13 D2 DNP 0 SMA6T22AY ST MICROELECTRONICS22V
14 D4 DNP 0 BAV3004W-7-FDIODES INCORPORATEDBAV3004W-7-F

TOTAL 22



DESCRIPTIONCOMMENTS
CAPACITOR; SMT (1206); CERAMIC CHIP; 0.1UF; 100V; TOL=10%; MODEL=; TG=-55 DEGC TO +125 DEGC; TC=X7R 
CAP; SMT (1206); 2.2UF; 10%; 100V; X8L; CERAMIC CHIP 
CAP; SMT (CASE_1213); 100UF; 20%; 80V; ALUMINUM-ELECTROLYTIC 
TEST POINT; PIN DIA=0.125IN; TOTAL LENGTH=0.445IN; BOARD HOLE=0.063IN; WHITE; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
EVK KIT PARTS; MAXIM PAD; WIRE; NATURAL; SOLID; WEICO WIRE; SOFT DRAWN BUS TYPE-S; 20AWG 
CONNECTOR; MALE; PANELMOUNT; BANANA JACK; STRAIGHT; 1PIN 
CONNECTOR; MALE; THROUGH HOLE; BREAKAWAY; STRAIGHT THROUGH; 3PINS; -65 DEGC TO +125 DEGC  
MACHINE FABRICATED; ROUND-THRU HOLE SPACER; NO THREAD; M3.5; 5/8IN; NYLON 
TRAN; NCH; MOSFET; TO-263; PD-(166W); I-(75A); V-(100V) 
EVKIT PART - IC; CTRL; IDEAL DIODE CONTROLLER WITH REVERSE CURRENT PROTECTION; TDFN8-EP; PACKAGE OUTLINE DRAWING: 21-100417; LAND PATTERN DRAWING: 90-0091 
PCB:MAX16171-
DIODE; TVS; SMTO-263; VRM=36V; IPP=121A 
DIODE; TVS; SMA (DO-214AC); VRM=22V; IPP=102A ; 
DIODE; SWT; SMT (SOD-123); PIV=350V; IF=0.225A 


