
TITLE: Bill of Materials
DATE: 02/11/2022
DESIGN: max17523a_evkit_a
VARIANT:dnp

NOTE: DNI--> DO NOT INSTALL(PACKOUT) ; DNP--> DO NOT PROCURE

ITEM REF_DES DNI/DNP QTY MFG PART # MANUFACTURERVALUE
1 C1, C2 - 2 TMK107B7105KA;06033C105KAT2A;C1608X7R1E105K080AEMURATA;TAIYO YUDEN;AVX;TAIYO YUDEN1UF
2 C3 - 1 C1608X5R1H474K080ABTDK 0.47UF
3 C4 - 1 C1206C105K5RAC;GRM31CR71H105KA61;GRM31MR71H105KA88;GCM31MR71H105KA55;CGA5L3X7R1H105K160AB;C3216X7R1H105K160AEKEMET;MURATA;MURATA;MURATA;TDK;TDK1UF
4 C7 - 1 EEU-EB1H331PANASONIC 330UF
5 D1 - 1 SM6T36CA ST MICROELECTRONICS36V
6 D2 - 1 STPS1L60A ST MICROELECTRONICSSTPS1L60A
7 D3 - 1 B160-13-F DIODES INCORPORATEDB160-13-F
8 J1 - 1 61729-0010BLFFCI CONNECT61729-0010BLF
9 J2, J3 - 2 1729018 PHOENIX CONTACT1729018

10 JU1 - 1 PBC04DAAN SULLINS ELECTRONICS CORP.PBC04DAAN
11 JU3-JU5, JU8, JU9, JU13- 6 22-28-4023 MOLEX 22-28-4023
12 JU6, JU12, JU14, JU15- 4 22-28-4033 MOLEX 22-28-4033
13 LED1 - 1 APT3216SGC KINGBRIGHT APT3216SGC
14 R1 - 1 CRCW08051K00FK;ERJ-6ENF1001;MCR10EZHF1001;RC0805FR-071KLVISHAY DALE;PANASONIC;ROHM;YAGEO1K
15 R2 - 1 CRCW080510K0FK;MCR10EZHF1002;ERJ-6ENF1002;RC0805FR-0710KLVISHAY;ROHM SEMICONDUCTOR;PANASONIC;YAGEO10K
16 R6 - 1 CRCW080540K2FKVISHAY DALE40.2K
17 R7 - 1 CRCW080512K1FKVISHAY DALE12.1K
18 R8 - 1 CRCW08056K20FKVISHAY DALE6.2K
19 R9, R11 - 2 CRCW08052M20JNVISHAY DALE2.2M
20 R13, R14, R17- 3 CRCW0805100KFK;RK73H2ATTD1003;ERJ-6ENF1003VISHAY DALE;KOA SPEER;PANASONIC100K
21 R15 - 1 CR0805-10W-4701FTVENKEL LTD. 4.7K
22 R16 - 1 3296W-1-503LFBOURNS 50K
23 SU1, SU3-SU6, SU8, SU9, SU12-SU15- 11 S1100-B;SX1100-B;STC02SYANKYCON;KYCON;SULLINS ELECTRONICS CORP.SX1100-B
24 TP1 - 1 5002 KEYSTONE N/A
25 TP2, TP4, TP5, TP7- 4 5001 KEYSTONE N/A
26 TP3, TP6, TP8- 3 5000 KEYSTONE N/A
27 TP9 - 1 5119 KEYSTONE N/A
28 TP10 - 1 5116 KEYSTONE N/A
29 TP11 - 1 5118 KEYSTONE N/A
30 U1 - 1 MAX17523AATE+ANALOG DEVICESMAX17523AATE+
31 PCB - 1 MAX17523A MAXIM PCB
32 C8 DNP 0 EEU-EB1H331PANASONIC 330UF
33 R10, R12 DNP 0 CRCW08051K47FKVISHAY DALE1.47K

TOTAL 59



DESCRIPTIONCOMMENTS
CAP; SMT (0603); 1UF; 10%; 25V; X7R; CERAMIC 
CAP; SMT (0603); 0.47UF; 10%; 50V; X5R; CERAMIC 
CAP; SMT (1206); 1UF; 10%; 50V; X7R; CERAMIC 
CAP; THROUGH HOLE-RADIAL LEAD; 330UF; 20%; 50V; ALUMINUM-ELECTROLYTIC 
DIODE; TVS; SMB; PIV=36V; IF=12A 
DIODE; SCH; SMA; PIV=60V; IF=1.0A 
DIODE; SCH; SMA; PIV=60V; IF=1A 
CONNECTOR; FEMALE; THROUGH-HOLE; UNIVERSAL SERIES BUS B-TYPE CONNECTOR; RIGHT ANGLE; 4PINS 
CONNECTOR; FEMALE; THROUGH HOLE; GREEN TERMINAL BLOCK; RIGHT ANGLE; 2PINS 
CONNECTOR; MALE; THROUGH HOLE; BREAKAWAY; STRAIGHT; 8PINS; -65 DEGC TO +125 DEGC 
CONNECTOR; MALE; THROUGH HOLE; FLAT VERTICAL BREAKAWAY; STRAIGHT; 2PINS 
CONNECTOR; MALE; THROUGH HOLE; FLAT VERTICAL BREAKAWAY; STRAIGHT; 3PINS 
DIODE; LED; SUPER BRIGHT; GREEN; SMT (1206); PIV=2.2V; IF=0.02A 
RES; SMT (0805); 1K; 1%; +/-100PPM/DEGC; 0.1250W 
RES; SMT (0805); 10K; 1%; +/-100PPM/DEGC; 0.1250W 
RES; SMT (0805); 40.2K; 1%; +/-100PPM/DEGC; 0.1250W 
RES; SMT (0805); 12.1K; 1%; +/-100PPM/DEGC; 0.1250W 
RES; SMT (0805); 6.2K; 1%; +/-100PPM/DEGC; 0.1250W 
RES; SMT (0805); 2.2M; 5%; +/-200PPM/DEGK; 0.1250W 
RES; SMT (0805); 100K; 1%; +/-100PPM/DEGC; 0.1250W 
RES; SMT (0805); 4.7K; 1%; +/-100PPM/DEGC; 0.1000W 
RESISTOR; THROUGH-HOLE-RADIAL LEAD; 50K OHM; 10%; 100PPM; 0.5W; MOLDER CERAMIC OVER METAL FILM 
TEST POINT; JUMPER; STR; TOTAL LENGTH=0.24IN; BLACK; INSULATION=PBT;PHOSPHOR BRONZE CONTACT=GOLD PLATED 
TEST POINT; PIN DIA=0.1IN; TOTAL LENGTH=0.3IN; BOARD HOLE=0.04IN; WHITE; PHOSPHOR BRONZE WIRE SILVER;  
TEST POINT; PIN DIA=0.1IN; TOTAL LENGTH=0.3IN; BOARD HOLE=0.04IN; BLACK; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
TEST POINT; PIN DIA=0.1IN; TOTAL LENGTH=0.3IN; BOARD HOLE=0.04IN; RED; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
TEST POINT; PIN DIA=0.1IN; TOTAL LENGTH=0.3IN; BOARD HOLE=0.04IN; PURPLE; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
TEST POINT; PIN DIA=0.1IN; TOTAL LENGTH=0.3IN; BOARD HOLE=0.04IN; GREEN; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
TEST POINT; PIN DIA=0.1IN; TOTAL LENGTH=0.3IN; BOARD HOLE=0.04IN; GREY; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
EVKIT PART - IC; 4.2V TO 36V; 1A CURRENT LIMITER WITH OV; UV; REVERSE VOLTAGE PROTECTION; PACKAGE OUTLINE DRAWING: 21-0136; LAND PATTERN: 90-0032; PACKAGE CODE: T1633+5C 
PCB:MAX17523A-
CAP; THROUGH HOLE-RADIAL LEAD; 330UF; 20%; 50V; ALUMINUM-ELECTROLYTIC 
RES; SMT (0805); 1.47K; 1%; +/-100PPM/DEGC; 0.1250W 


