
TITLE:	Bill	of	Materials
DATE:	01/30/2019
DESIGN:	max38640a_wlp_evkit_a
VARIANT:do_not_purchase

NOTE:	DNI-->	DO	NOT	INSTALL(PACKOUT)	;	DNP-->	DO	NOT	PROCURE

ITEM REF_DES DNI/DNP QTY MFG	PART	# MANUFACTURERVALUE
1 C1 - 1 C1608X5R1A106K080ACTDK 10UF
2 C2 - 1 CL10A226KQ8NRNSAMSUNG 22UF
3 C5 - 1 25SVPF100MPANASONIC 100UF
4 J1-J4 - 4 1514-2 KEYSTONE 1514-2
5 JU1 - 1 PEC04SAAN SULLINS	ELECTRONICS	CORP.PEC04SAAN
6 JU2 - 1 PBC05SAAN SULLINS	ELECTRONICS	CORP.PBC05SAAN
7 L1 - 1 1285AS-H-2R2MTOKO 2.2UH
8 L1A - 1 74479276222	WURTH	ELECTRONICS	INC.2.2UH
9 R2 - 1 CRCW0603191KFKVISHAY	DALE191K
10 R3 - 1 ERJ-3EKF6343PANASONIC 634K
11 R4 - 1 CRCW060320K0FKVISHAY	DALE20K
12 R5 - 1 ERJ-3EKF5622PANASONIC 56.2K
13 R6 - 1 RC1608J000CS;CR0603-J/-000ELF;RC0603JR-070RLSAMSUNG	ELECTRONICS;BOURNS;YAGEO	PH0
14 SU1,	SU2 - 2 S1100-B;SX1100-B;STC02SYANKYCON;KYCON;SULLINS	ELECTRONICS	CORP.SX1100-B
15 TP5 - 1 5002 KEYSTONE N/A
16 TP6,	TP7 - 2 5001 KEYSTONE N/A
17 U1 - 1 MAX38640AENT+MAXIM MAX38640AENT+
18 PCB - 1 MAX38640AWLPMAXIM PCB
19 MH1-MH4 DNP 0 9032 KEYSTONE 9032
20 R1 DNP 0 CRCW06030000Z0VISHAY	DALE 0
21 C4 DNP 0 N/A N/A OPEN

TOTAL 23



DESCRIPTIONCOMMENTS
CAPACITOR;	SMT	(0603);	CERAMIC	CHIP;	10UF;	10V;	TOL=10%;	MODEL=;	TG=-55	DEGC	TO	+85	DEGC;	TC=X5R	
CAP;	SMT	(0603);	22UF;	10%;	6.3V;	X5R;	CERAMIC	CHIP	
CAP;	SMT	(CASE_E7);	100UF;	20%;	25V;	ALUMINUM-ORGANIC	
TERMINAL;	TURRET;	PIN	DIA=0.090IN;	TOTAL	LENGTH=0.105IN;	BOARD	HOLE=0.098IN;	BRASS;	TIN	PLATING;		
CONNECTOR;	MALE;	THROUGH	HOLE;	BREAKAWAY;	STRAIGHT;	4PINS	
CONNECTOR;	MALE;	THROUGH	HOLE;	BREAKAWAY;	STRAIGHT;	5PINS;	-65	DEGC	TO	+125	DEGC	
INDUCTOR;	SMT	(2016);	METAL	ALLOY	CHIP;	2.2UH;	TOL=+/-20%;	1.4A	
INDUCTOR;	SMT	(0806);	MOLDED	CHIP;	2.2UH;	30%;	1.40A	
RESISTOR;	0603;	191K	OHM;	1%;	100PPM;	0.10W;	METAL	FILM	
RES;	SMT	(0603);	634K;	1%;	+/-100PPM/DEGC;	0.1W	
RESISTOR;	0603;	20K	OHM;	1%;	100PPM;	0.1W;	THICK	FILM	
RESISTOR;	0603;	56.2K	OHM;	1%;	100PPM;	0.1W;	THICK	FILM	
RESISTOR;	0603;	0	OHM;	5%;	JUMPER;	0.10W;	THICK	FILM	
TEST	POINT;	JUMPER;	STR;	TOTAL	LENGTH=0.24IN;	BLACK;	INSULATION=PBT;PHOSPHOR	BRONZE	CONTACT=GOLD	PLATED	
TEST	POINT;	PIN	DIA=0.1IN;	TOTAL	LENGTH=0.3IN;	BOARD	HOLE=0.04IN;	WHITE;	PHOSPHOR	BRONZE	WIRE	SILVER;		
TEST	POINT;	PIN	DIA=0.1IN;	TOTAL	LENGTH=0.3IN;	BOARD	HOLE=0.04IN;	BLACK;	PHOSPHOR	BRONZE	WIRE	SILVER	PLATE	FINISH;		
EVKIT	PART	-	IC;	TINY	300NANO-AMP	NANOPOWER	BUCK	CONVERTER;	PACKAGE	OUTLINE:	21-100128;	PACKAGE	CODE:	N60E1+1;	WLP6	
PCB:MAX38640AWLP-
MACHINE	FABRICATED;	ROUND-THRU	HOLE	SPACER;	NO	THREAD;	M3.5;	5/8IN;	NYLON	
RESISTOR;	0603;	0	OHM;	0%;	JUMPER;	0.1W;	THICK	FILM	
PACKAGE	OUTLINE	0603	NON-POLAR	CAPACITOR		


