
TITLE: Bill of Materials
DATE: 10/22/2020
DESIGN: max38650a_wlp_evkit_b
VARIANT:do_not_purchase

NOTE: DNI--> DO NOT INSTALL(PACKOUT) ; DNP--> DO NOT PROCURE

ITEM REF_DES DNI/DNP QTY MFG PART # MANUFACTURERVALUE
1 C1 - 1 GRM31CR71C106KAC7;GRM31CR71C106KA12;C3216X7R1C106K160ACMURATA;MURATA;TDK10UF
2 C2 - 1 EMK316BB7226MLTAIYO YUDEN22UF
3 C5 - 1 25SVPF100MPANASONIC 100UF
4 J1-J4 - 4 108-0740-001EMERSON NETWORK POWER108-0740-001
5 JU1 - 1 PEC04SAAN SULLINS ELECTRONICS CORP.PEC04SAAN
6 JU2 - 1 PBC05SAAN SULLINS ELECTRONICS CORP.PBC05SAAN
7 L1 - 1 74479276222CWURTH ELECTRONICS INC.2.2UH
8 R2 - 1 CRCW0603383KFKVISHAY DALE383K
9 R3 - 1 ERJ-3EKF6343PANASONIC 634K

10 R4 - 1 CRCW0603768KFKVISHAY DALE768K
11 R5 - 1 CRCW060356K2FK;ERJ-3EKF5622VISHAY;PANASONIC56.2K
12 R7 - 1 ERJ-2GE0R00PANASONIC 0
13 SU1, SU2 - 2 S1100-B;SX1100-B;STC02SYANKYCON;KYCON;SULLINS ELECTRONICS CORP.SX1100-B
14 TP5 - 1 5002 KEYSTONE N/A
15 TP8, TP9 - 2 131-4353-00 TEKTRONICS 131-4353-00
16 U1 - 1 MAX38650AANT+MAXIM MAX38650AANT+
17 PCB - 1 MAX38650AWLPMAXIM PCB
18 C3 DNP 0 N/A N/A OPEN
19 R1 DNP 0 N/A N/A OPEN

TOTAL 22



DESCRIPTIONCOMMENTS
CAP; SMT (1206); 10UF; 10%; 16V; X7R; CERAMIC 
CAP; SMT (1206); 22UF; 20%; 16V; X7R; CERAMIC 
CAP; SMT (CASE_E7); 100UF; 20%; 25V; ALUMINUM-ORGANIC 
CONNECTOR; MALE; PANELMOUNT; BANANA JACK; STRAIGHT; 1PIN 
CONNECTOR; MALE; THROUGH HOLE; BREAKAWAY; STRAIGHT; 4PINS 
CONNECTOR; MALE; THROUGH HOLE; BREAKAWAY; STRAIGHT; 5PINS; -65 DEGC TO +125 DEGC 
INDUCTOR; SMT (0806); MOLDED CHIP; 2.2UH; 20%; 1.60A 
RES; SMT (0603); 383K; 1%; +/-100PPM/DEGC; 0.1000W 
RES; SMT (0603); 634K; 1%; +/-100PPM/DEGC; 0.1000W 
RES; SMT (0603); 768K; 1%; +/-100PPM/DEGC; 0.1000W 
RES; SMT (0603); 56.2K; 1%; +/-100PPM/DEGC; 0.1000W 
RES; SMT (0402); 0; JUMPER; JUMPER; 0.1000W 
TEST POINT; JUMPER; STR; TOTAL LENGTH=0.24IN; BLACK; INSULATION=PBT;PHOSPHOR BRONZE CONTACT=GOLD PLATED 
TEST POINT; PIN DIA=0.1IN; TOTAL LENGTH=0.3IN; BOARD HOLE=0.04IN; WHITE; PHOSPHOR BRONZE WIRE SILVER;  
CONNECTOR; WIREMOUNT; CIRCUIT BOARD TEST POINT MINIATURE PROBE; STRAIGHT; 4PINS 
EVKIT PART - IC; VCON; TINY 1.8V-PA5.5V INPUT; 390NA IQ; 100MA NANOPOWER BUCK CONVERTER WITH 100% DUTY RATIO OPERATION; PACKAGE CODE: N60R1+1; PACKAGE OUTLINE NUMBER: 21-100464; WLP6 
PCB:MAX38650AWLP-
CAPACITOR; SMT (1210); OPEN; IPC MAXIMUM LAND PATTERN 
RESISTOR; 0402; OPEN; FORMFACTOR 


