
TITLE: Bill of Materials
DATE: 12/21/2020
DESIGN: max38913a_wlp_evkit_a
VARIANT:dni

NOTE: DNI--> DO NOT INSTALL(PACKOUT) ; DNP--> DO NOT PROCURE

ITEM REF_DES DNI/DNP QTY MFG PART # MANUFACTURERVALUE
1 C1 - 1 C1005X7R1H473K;CGA2B3X7R1H473K050BB; GCM155R71H473KE02TDK;TDK;MURATA0.047UF
2 C2 - 1 GCM31CR71A226KE02MURATA 22UF
3 C3 - 1 GRM31CR60J107KE39MURATA 100UF
4 EN1, EN2 - 2 PEC03SAAN SULLINS PEC03SAAN
5 GND, IN, OUT- 3 108-0740-001EMERSON NETWORK POWER108-0740-001
6 GND_1, GND_2- 2 5006 KEYSTONE N/A
7 R1 - 1 CRCW060347K5FK;ERJ-3EKF4752VISHAY DALE;PANASONIC47.5K
8 RSEL1, RSEL2- 2 PEC02SAAN SULLINS ELECTRONICS CORP.PEC02SAAN
9 SU1-SU4 - 4 S1100-B;SX1100-B;STC02SYANKYCON;KYCON;SULLINS ELECTRONICS CORP.SX1100-B

10 TP_EN1, TP_EN2, TP_RSEL1, TP_RSEL2- 4 5007 KEYSTONE N/A
11 U1 - 1 MAX38913AANC+MAXIM MAX38913AANC+
12 PCB - 1 MAX38913AWLPMAXIM PCB
13 R2 DNP 0 N/A N/A OPEN

TOTAL 23



DESCRIPTIONCOMMENTS
CAP; SMT (0402); 0.047UF; 10%; 50V; X7R; CERAMIC 
CAP; SMT (1206); 22UF; 10%; 10V; X7R; CERAMIC 
CAP; SMT (1206); 100UF; 10%; 6.3V; X5R; CERAMIC 
CONNECTOR; MALE; THROUGH HOLE; BREAKAWAY; STRAIGHT; 3PINS 
CONNECTOR; MALE; PANELMOUNT; BANANA JACK; STRAIGHT; 1PIN 
TEST POINT; PIN DIA=0.125IN; TOTAL LENGTH=0.35IN; BOARD HOLE=0.063IN; BLACK; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
RES; SMT (0603); 47.5K; 1%; +/-100PPM/DEGC; 0.1000W 
EVKIT PART-CONNECTOR; MALE; THROUGH HOLE; BREAKAWAY; STRAIGHT; 2PINS;  
TEST POINT; JUMPER; STR; TOTAL LENGTH=0.24IN; BLACK; INSULATION=PBT;PHOSPHOR BRONZE CONTACT=GOLD PLATED 
TEST POINT; PIN DIA=0.125IN; TOTAL LENGTH=0.35IN; BOARD HOLE=0.063IN; WHITE; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
EVKIT PART - IC; MAX38913AANC+; 1A LOW NOISE LDO WITH DUAL VOLTAGE AND BYPASS; PACKAGE OUTLINE DRAWING: 21-100500; PACKAGE CODE: N121E1+1 
PCB:MAX38913AWLP-
RESISTOR; 0603; OPEN; FORMFACTOR 


