
TITLE: Bill of Materials
DATE: 12/20/2019
DESIGN: max40204_evkit_a
VARIANT:dni

NOTE: DNI--> DO NOT INSTALL(PACKOUT) ; DNP--> DO NOT PROCURE

ITEM REF_DES DNI/DNP QTY MFG PART # MANUFACTURERVALUE
1 C4 - 1 GRM188Z71C475KE21MURATA 4.7UF
2 C5, C6 - 2 885012206071;CGJ3E2X7R1E104K080AA;C1608X7R1E104K080AA;C0603C104K3RAC;GRM188R71E104KA01;C1608X7R1E104K;06033C104KAT2A;CGA3E2X7R1E104K080AA;GCJ188R71E104KA12WURTH ELECTRONICS INC;TDK;TDK;KEMET;AVX;TDK;MURATA0.1UF
3 C9 - 1 C2012X7S2A105K125AB;GRJ21BC72A105KE11;CGA4J3X7S2A105K125AB;GRM21BC72A105KE01TDK;MURATA;TDK1UF
4 GND, TP1-TP3- 4 5011 KEYSTONE N/A
5 J1, J2 - 2 PEC03SAAN SULLINS PEC03SAAN
6 LOAD, OUT, OUTF, REF, RS+, RS-, VBATT- 7 5012 KEYSTONE N/A
7 R1 - 1 LVK12R050DEOHMITE MFG CO. 0.05
8 U1 - 1 MAX40204ANA+MAXIM MAX40204ANA+
9 VCC - 1 5023 KEYSTONE N/A

10 PCB - 1 MAX40204 MAXIM PCB
11 C1-C3, C7, C8DNP 0 N/A N/A OPEN
12 R2, R3 DNP 0 N/A N/A SHORT
13 R4 DNP 0 N/A N/A OPEN

TOTAL 21



DESCRIPTIONCOMMENTS
CAPACITOR; SMT (0603); CERAMIC CHIP; 4.7UF ; 16V; TOL=10%; TG=-55 DEGC TO +125 DEGC; TC=X7R 
CAPACITOR; SMT; 0603; CERAMIC; 0.1uF; 25V; 10%; X7R; -55degC to + 125degC;  +/-15% from -55degC to +125degC 
CAPACITOR; SMT (0805); CERAMIC CHIP; 1UF; 100V; TOL=10%; TG=-55 DEGC TO +125 DEGC; TC=X7S 
TEST POINT; PIN DIA=0.125IN; TOTAL LENGTH=0.445IN; BOARD HOLE=0.063IN; BLACK; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
CONNECTOR; MALE; THROUGH HOLE; BREAKAWAY; STRAIGHT; 3PINS 
TEST POINT; PIN DIA=0.125IN; TOTAL LENGTH=0.445IN; BOARD HOLE=0.063IN; WHITE; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH;  
RESISTOR; 1206; 0.05 OHM; 0.5%; 50PPM; 0.5W; METAL FILM 
EVKIT PART - IC; MAX40204; PACKAGE OUTLINE DRAWING: 21-100451; WLP8 
TEST POINT; PIN DIA=0.100IN; TOTAL LENGTH=0.200IN; BOARD HOLE=0.0725IN; PHOSPHOR BRONZE WIRE SILVER PLATE FINISH 
PCB:MAX40204-
PACKAGE OUTLINE 0805 NON-POLAR CAPACITOR  
PACKAGE OUTLINE 0805 RESISTOR  
PACKAGE OUTLINE 0805 RESISTOR  


