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Design Requirements and Configuration

Primary Specifications Values Comments

Part Number: MAX17509 6.6W Dual-Phase Buck Converter

SchematicName:
MAX17509 dual-phase, single-output 6A  
power supply

Default Simulation:
Steady-State (POP), AC Loop, Load Step ,Start  
up

DesignRequirements:

Vin(Max): 16V

Vin(Nom): 12V

Vin(Min): 4.5V

SwitchingFrequency: 1 MHz

Vout: 1.1V

Iout: 6A





Switching Waveforms



Bode Plot



Load Step Transient Response



Startup


