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CUSTOMER NOTICE ANALOG R
CIRCUIT THAT MEETS CUSTOMER-SUPPLIED SPECIFICATIONS:; DEVICES |.|F|EN2
HOWEVER, IT REMAINS THE CUSTOMER'S RESPONSIBILITY TO A
I b e o aralog com
NOTES: UNLESS OTHERWISE SPECIFIED IRCUT BOARD LAYOUT HAY SIGNFICANTLY AFFECT Gou TITLE: SCHEMATIC
1. ALL RESISTORS ARE IN OHMS' 04021 1%. APPLICATIONS ENGINEERING FdRASSISTANCE
) 60V, 3A SILENT SWITCHER SYNCHRONOUS STEP-UP LED DRIVER
ALL CAPACITORS ARE IN MICROFARADS, 0603.
ICNO. LT8386 SCHEMATIC NO. AND REVISION:
THIS CIRCUIT IS PROPRIETARY TO ANALOG DEVICES AND SKU NO. DC3008A 710-DC3008A_REV03
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