
LTR




C




B




A




C




D




6




5




4




3




2




1




DATE:




D




B




A




ECO NO:




APPROVED:




REVISION RECORD




SCALE:




SHEET:     OF




DRAWING NO:




TITLE:




COMPANY:




RELEASED:




DATED:




DATED:




QUALITY CONTROL:




CHECKED:




DATED:




DATED:




DRAWN:




CODE:




SIZE:




REV:




3




1




<Scale>




<Revision>




<Drawing Number>




B




<Code>




<Title>




<Company Name>




<Release Date>




<QC Date>




<Checked Date>




<Drawn Date>




<Released By>




<QC By>




<Checked By>




<Drawn By>




1




MCLK/XTI




2




XTO




3




D
G

N
D




4




D
V

D
D




5




CLKOUT




6




BCLK




7




PBDAT




8




PBLRC




9




RECDAT




10




RECLRC




11




LOUT




12




ROUT




1
3




A
V

D
D




1
4




A
G

N
D




15




VMID




16




RLINEIN




17




LLINEIN




18




SDIN




19




SCLK




2
1




E
P




U1




SSM2604CPZ_LFSCP20




Y1




C7




22pF




C8




22pF




C9




0603




4.7uF




C10




0603




0.10uF




C11




0.10uF




C12




0.10uF




C13




10uF




C14




10uF




1




2




L1




300mA




0402




1




2




L2




300mA




0402




R13




0R00




R14




0R00




R15




0R00




R16




0R00




R17




0R00




R18




0R00




1




3




5




7




9




2




4




6




8




10




12




11




J5




HEADER_12WAY_UNSHROUD




JP3




JP4




TP7




TP8




TP9




TP10




TP11




TP12




TP30




LLINEIN_SSM2604




RLINEIN_SSM2604




LOUT_SSM2604




ROUT_SSM2604




SDIN_SSM2604




SCLK_SSM2604




DVDD




AVDD






LTR




C




B




A




C




D




6




5




4




3




2




1




DATE:




D




B




A




ECO NO:




APPROVED:




REVISION RECORD




SCALE:




SHEET:     OF




DRAWING NO:




TITLE:




COMPANY:




RELEASED:




DATED:




DATED:




QUALITY CONTROL:




CHECKED:




DATED:




DATED:




DRAWN:




CODE:




SIZE:




REV:




3




2




<Scale>




<Revision>




<Drawing Number>




B




<Code>




<Title>




<Company Name>




<Release Date>




<QC Date>




<Checked Date>




<Drawn Date>




<Released By>




<QC By>




<Checked By>




<Drawn By>




RING




SLEEVE




TIP




J1




RING




SLEEVE




TIP




J2




R1




100k




R2




100k




R3




OPEN




R4




OPEN




R5




0603




5k62




R6




0603




5k62




C2




0603




220pF




C3




0603




1.0uF




C4




0603




1.0uF




C5




0603




1.0uF




C6




0603




1.0uF




R7




0603




100k




R8




0603




100k




R9




0603




49R9




R10




0603




49R9




TP31




TP32




TP33




TP34




TP35




TP36




TP37




TP38




C1




0603




220pF




RLINEIN_SSM2604




LLINEIN_SSM2604




ROUT_SSM2604




LOUT_SSM2604






LTR




C




B




A




C




D




6




5




4




3




2




1




DATE:




D




B




A




ECO NO:




APPROVED:




REVISION RECORD




SCALE:




SHEET:     OF




DRAWING NO:




TITLE:




COMPANY:




RELEASED:




DATED:




DATED:




QUALITY CONTROL:




CHECKED:




DATED:




DATED:




DRAWN:




CODE:




SIZE:




REV:




3




3




<Scale>




<Revision>




<Drawing Number>




B




<Code>




<Title>




<Company Name>




<Release Date>




<QC Date>




<Checked Date>




<Drawn Date>




<Released By>




<QC By>




<Checked By>




<Drawn By>




AVDD SEL




1V8




3V3




DVDD SEL




1V8




3V3




1




SCL




3




SDA




5




MISO




7




CCLK




9




SS




2




USB_CLK




4




5V00




6




BRD_RESET




8




MOSI




10




GND




J3




HEADER_10WAY_POL_USBI




R11




2k43




R12




2k43




A




B




JP1




2




1




3




J4




TP19




TP20




TP24




TP25




TP26




TP27




TP28




TP29




R19




140k




C15




0.10uF




C16




10nF




C17




0.10uF




C18




10uF




C19




10uF




R20




147k




7




IN1




8




IN2




6




SD




4




GND




1




OUT1




2




OUT2




3




OUT3




5




FB




U2




ADP3336




R21




169k




S1




SPDT




D1




Schottky




R22




140k




C20




0.10uF




C21




10nF




C22




0.10uF




C23




10uF




C24




10uF




R23




147k




7




IN1




8




IN2




6




SD




4




GND




1




OUT1




2




OUT2




3




OUT3




5




FB




U3




ADP3336




R24




169k




S2




SPDT




D2




Schottky




TP1




TP2




R30




100R




D3




R25




100R




D4




SCLK_SSM2604




SDIN_SSM2604




USBI_5V00




DVDD




USBI_5V00




AVDD




DVDD





